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Description
The GreenMAX® DRC 2-Port Analog Interface (AI) allows 
the integration of low voltage inputs into the system.  
These inputs commonly include occupancy/vacancy 
sensors, photocells, demand response and security 
system inputs. Surface mount ears are purchased 
separately. 

System Description
The GreenMAX DRC Room Control System offers a 
fully distributed room control system, with each room 
operating independently of others—no dependence 
on network processors or centralized controllers. 
This revolutionary system is fully configurable via the 
GreenMAX DRC App for smart devices, and can be used 
to comply with IECC, ASHRAE 90.1, and 2019 Title 24, 
Part 6 occupancy/vacancy sensing, multi-level lighting, 
daylight harvesting, partial-ON, partial-OFF, scheduling, 
exterior lighting, demand response and receptacle 
control requirements.

Product Data
DRID0-xxx

GreenMAX® DRC 2-Port Analog Interface (AI)

GreenMAX DRC App 
Wirelessly commission, configure, control, monitor 
and provision the GreenMAX DRC system using the 
GreenMAX DRC App designed for any WiFi-enabled 
Android or iOS smart device.

Applications
• Integration of any low voltage occupancy sensor or 

photocell with the GreenMAX DRC system
• Use with Sapphire™ Touch Screens for remote 

occupancy sensors, switches, or photocells
• Send load shed message to LumaCAN network 

Use With These Leviton Systems
• GreenMAX DRC
• Sapphire Touchscreen 
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Network Command & Configuration Properties
•  Configured through the GreenMAX DRC App
•  Configured as Input Type or Command Type
•  Each input is configured independently
•  When configured as Input Type:

• Occupancy sensor
• Input number

• Delay time (0-60 seconds, 1-240 minutes)
• Photocell

• Input number
• Max calibration level (0-2,048; default 2,048)

Specifications

GreenMAX DRC 2-Port Analog Interface (AI)

Cat. No. Description

DRID0-C02 GreenMAX DRC 2-Port AI, LumaCAN, DIN rail or surface mount

DRID0-EAR Pair of surface-mount ears for DRID0-C02 (sold separately)

Electrical

Power Input +12-24VDC, 35mA+ connected device consumption

Power Output As needed and available at the input (pass-through); short-circuit current limited trip point  
software configurable, default=100mA, max=1000mA

Number of Inputs (2) contact closure, active high/low, 0-10V, 0-24V

Connectivity

Network Connections (2) RJ45, CAT6 or better for connection to LumaCAN network. Termination provided via local  
termination switch.

Network Topology

Daisy chain, 1600’ max between repeaters
Home-run topology and network length up to 10,000’ can be achieved when using LumaCAN 
network repeaters (NPRPT)
Maximum 110 nodes between repeaters
Maximum 250 nodes on a LumaCAN network

Other

Mounting Surface or DIN rail

Terminal Torque 7 in/lb

Energy Codes
Can be used to comply with IECC, ASHRAE 90.1, and 2019 Title 24, Part 6 occupancy/vacancy 
sensing, multi-level lighting, daylight harvesting, partial-ON, partial-OFF, scheduling, exterior lighting, 
demand response and receptacle control requirements

Warranty 5-year

Ordering Information
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